Safety first

Safety and personal protective equipment for your workplace

ThermoFisher
SCIENTIFIC



Safety glasses

e Scratch and fog resistant with UV protection

e QOverspectacle options available for use with

prescription glasses
e Prescription lens options available

Bandido
All polycarbonate frame with wrap
around fit

BOL1667201: Clear lens

BOL1667202: Smoke lens

BOL1667203: Amber lens

Blade
Lightweight, all polycarbonate frame

BOL1668201: Clear lens

BOL1668202: Smoke lens

BOL1668205: Ultra light smoke/silver
flash lens

Hammer
Stylish polycarbonate frame

STEQ00070: Clear lens

STE900071: Smoke lens

Override
Overspectacle with thin arms and top,
bottom and side frame protection

BOL1650515: Clear lens

BOL1650516: Smoke lens

Prism+

Prism frame with Bollé Safety’s
Platinum® anti scratch/anti fog
lens coating

BOL1624401: Platinum clear lens

BOL1624402: Platinum smoke lens

Rush
Fully recyclable, ultra lightweight
frame with brow protection

BOL1652301: Clear lens

BOL1652302: Smoke lens

BOL1652310: Twilight lens

Rush+ small

Sporty Rush+ frame for smaller faces
with Platinum anti scratch/anti fog
lens coating

BOL1672301: Clear lens blue frame

BOL1672301PW: Clear lens pink frame

Eye protection

® Range of lens options available, including
CSP (Comfort Sensitivity Perception) lenses for
exposure to bright and low light and contrast lenses

for work under artificial light*

Baxter
Comfortable wrap around frame with
waterproof foam and removable strap

BOL1678101: Clear lens

BOL1678102: Smoke lens

BOL1678118: CSP lens

Contour (Sidewinder)
Metal frame with nose pad and
temple tips

BOL1615501: Clear lens

BOL1615502: Smoke lens

BOL1615504: Dark CSP lens

Overlight Il
Overspectacle with top, bottom and
side frame protection

BOL1680501: Clear lens

BOL1680502: Smoke lens

Prism
Fully recyclable, ultra lightweight frame

BOL1614401: Clear lens

BOL1614402: Smoke lens

Prism Seal
Prism frame with EVA and nylon
gasket seal for dust protection

BOL1614401PS: Clear lens

BOL1614402PS: Smoke lens

Rush+
Sporty frame design with adjustable
temple arms

BOL1662301: Clear lens

BOL1662302: Smoke lens

BOL1662318: Contrast lens

Sting
Polycarbonate frame with nose piece
and adjustable side arms

STE9Q00099: Clear lens

STE900100: Smoke lens

STEQ00102: Amber lens

* Some lens options may only be available in packs of 10 or 12 pieces



Eye protection Hearing protection

Disposable eyeshields

¢ Re-useable frames and disposable lenses with side e Can be worn over prescription glasses and with
shield protection a mask

e Ultra lightweight, recyclable and can be sterilised

Item Code Description Unit
FSH22-500-454 i-Shields™ frame only assorted colours re-useable 100pcs
FSH22-500-451 i-Shields eyeshield lens only clear disposable 100pcs

Safety goggles

e Chemical splash resistant goggles e Adjustable headstrap ensures custom fit

e Soft, flexible PVC body that moulds to
facial contours with a clear PC lens

Item Code Description

Goggles chemical splash resistant

FSH19-181-502 : ) ) 12pcs
Direct airflow vents on top and sides
Goggles chemical splash, impact, scratch and fog resistant
FSB19-181-504 ) . . EA
Indirect vents to direct airflow over the lens
FSH19-181-502
e |iquid splash protection face shields e Visor offers 99.9% UV protection

STEFFS100

Item Code Description
FSB18-999-4542 Face shield PC clear visor 21.6cm height
STEFFS100 Face shield.clear visor high impfelct, anti fog anti scratch
Complete kit, cotton terry toweling head band
Face shield smoke visor high impact, anti fog anti scratch
STEFFS101

Complete kit, cotton terry toweling head band

FSB18-999-4542

Ear plugs and ear muffs

Item Code Description Unit
STEHFPD200 Ear plugs uncorded PU foam disposable class 5 29db 200pcs
STEHFPD200
STEHFPD100 Ear plugs corded PU foam disposable class 5 29db 100pcs
STEH500 Ear muff SS wire padded headband class 5 30db EA
Metal detectable
STE500101 Ear plugs corded PU foam disposable class 5 27db 100pcs
STEHFPD100




Face/head protection

Bouffants

e Disposable polypropylene bouffants and caps e Round or crimped options available

e Soft, lightweight and breathable e Available in a variety of colours and in packs of

e Metal detectable option available 1000 pieces

White Blue Green Red Shape Weight (gsm) Size (in)

(gsm refers to grams of material per square metre)

OSSHC21W16  RCRDPE21RB ~ RCRDPE21RG ~ RCRDPE21RR  RCRDPE21RY Round 10 21
STE200012 STE200013 STE200016 STE200011 Round 12 21
STE200014 STE200015 STE200017 Round 12 23
RCRDPE24R Round 10 24
STE200009 STE200008 STE200063 Round 12 24
RCRDPEB21 RCRDPEB21B  RCRDPEB21G ~ RCRDPEB21R  RCRDPEB21Y Crimped 10 21
STE200010/W  STE200010/B STE200010/G STE200010/R STE200010/Y Crimped 14 21
RCRDPEB24 Crimped 10 24
STE200018 STE200019 STE200061 Crimped 14 24

Metal dectectable

STE200010/MD/BLUE Crimped 14 21

Metal detectable
bouffant

Round bouffants Crimped bouffants

Beard covers

¢ Disposable polypropylene beard covers e Crimped version (RCR50756) available for a more

secure fit
e Single or double loop options dred

Item Code Colour Weight (gsm) Loop Unit

(gsm refers to grams of material per square metre)

0OSSBS1018-W White 10 Single 1000pcs
RCRBCW601 White 10 Single 500pcs
RCRBCB601 Blue 10 Single 500pcs
RCR50756 (Crimped) White 10 Single 500pcs
RCRBCW601L White 10 Double 500pcs
RCRBCB601L Blue 10 Double 500pcs
STE200001 White 12 Double 1000pcs
STE200002 Blue 12 Double 1000pcs

STE200002




Face/head protection

Face masks

Item Code Description Unit
RCR30130 Face mask PP 3 ply ear loops general purpose 1000pcs
STEB00005 Face mask PP 3 ply ear loops fluid resistant anti fog 1000pcs

KCK46727

3

Face mask PP 3 ply ear loops fluid resistant anti fog
STEB00007 ) ) } 500pcs
with protective eye shield

Face mask surgical pleat style with ties
KCK48207 300pcs

fluid resistant and fog free with foam band A 3
Face mask surgical and N95 respirator NIOSH approved
KCK46727 ) 210pcs
pouch style with PE headband w {
STE600007 ‘ 'KCK48207 \

Disposable respirators

m
B
Item Code Description E

S
STEB00102 Nuisance dust mask double strap 50pcs a
STEB00610 P1 respirator PP conical design 20pcs 7 STE600102
STEB00613 P1 valved respirator PP conical design 10pcs
STE600620 P2 respirator PP conforms to NIOSH N95 20pcs

o

STEB00622 P2 valved respirator PP conforms to NIOSH N95 10pcs )

5

STE6006222

Re-useable respirators

e Re-useable half mask respirators for use with gas/ e Conforms to facial contours, curved neck buckle and
vapour cartridges adjustable head cradle allow for a custom fit
e Lightweight and comfortable for extended use e Drop down/lock down strap options for convenient

storage around the neck or quick donnin
e Fits under welding helmets and with safety glasses 9 u qui Ing

e Variety of filter cartridges, pre-filter and filter

e | ow profile and angled cartridge placement to allow for ) )
P g gep discs available

a wider field of vision

e Adheres to Australian Standard AS 1716

Item Code Description Unit
FSH19-384-318 Moldex™ 7000 series respirator half mask facepiece small EA
FSH19-384-319 Moldex 7000 series respirator half mask facepiece medium EA
FSH19-384-320 Moldex 7000 series respirator half mask facepiece large EA

Companion cartridges

FSH19-384-301 Filter cartridge 7100 for organic vapours 2pcs
FSH19-384-302 Filter cartridge 7200 for acid gases 2pcs
FSH19-384-303 Filter cartridge 7300 for organic vapours/acid gases 2pcs FSH19-384-319 with cartridge
FSH19-384-304 Filter cartridge 7400 for Ammonia/Methylamine 2pcs
FSH19-384-338 Filter cartridge 7990 P100 particulate cartridge filter 2pcs




Hand protection

Cool room gloves

e Polyester outer and sandy foam nitrile palm glove with e | evel 4 protection from the cold
brushed acrylic lining for warmth

Item Code Description Unit
RCR41625 Freeza-Grip glove black large 10 pairs
RCR41626 Freeza-Grip glove black x-large 10 pairs
e Breathable with stay-dry lining e Provides protection to -196°C
e Available in mid-arm or elbow length and blue e Made from waterproof polyvinyl material
in colour
Item Code Size Unit

Mid-arm length (approximately 345-390mm)

CHA9717119 Medium 1 pair
CHA9717129 Large 1 pair
CHA9717139 X-large 1 pair

Elbow length (approximately 440-485mm)

CHAOT1729 CHA9717149 Medium 1 pair
CHA9717159 Large 1 pair
CHA9717169 X-large 1 pair

Heat resistant gloves

FSH19-056728

Item Code Description Unit

Autoclave gloves Kevlar® with wool insulation
FSH19-056728 58cm overall length. Heat resistant up 1 pair
to 400°C

Autoclave/oven gloves terrycloth orange

BATH13201.0000 33cm overall length. Heat resistant up 1 pair
to 232°C
g BATH13201.0000 Autoclave/oven gloves terrycloth orange
/// V BATH13201.0001 47cm overall length. Heat resistant up 1 pair
to0 232°C

. Terrycord gloves knit wrist white )
i STE428023 ) 12 pairs
Low level heat and cut protection

i -
j STE428023

o



Hand protection

Temperature resistant mitts

e Hot-Hand® protector mitts provide protection when handling hot, cold and
dry ice objects

e Suitable for temperatures between -57°C and 260°C
e Soft, silicone rubber conforms to the hand and object and resists tearing

e Gripping surface has concave tipped studs and creates a non-slip grip

Item Code Colour Dimensions Unit

BATF38000-0000 Red 10x19cm EA

BATF38000-0001 Sky blue 10x19cm EA

BATF38000-0002 Lime green 10x19cm EA

Chemical resistant gloves

Item Code Description

i . . ANS38-514-8
Multiple glove sizes available

Barrier® gloves HPPE & layer laminated film white size 8 )
ANS2-100-8 . . . ) 12 pairs
Extreme resistance against a wide range of chemicals

Scorpio® gloves neoprene coated black size 8 )
ANS19-024-8 ) ) ) ) . 1 pair
Chemical and heat resistant insulating double liner

ChemTek" gloves butyl polymer grey/black size 8
ANS38-514-8 9 vipolymer arey , 1 pair ANS2-100-8
Best resistance to the most aggressive chemicals

f =
ANS15-554-9 PVA" gloves polyyinyIaICF)hol red size 9 . 12 pairs | &
Chemical protection against dangerous organic solvents
Ansell single use gloves
Delivering the right solutions for the most ANSoEG00-M
demanding work

As a world leader in hand protection, Ansell has a product range that includes Multiple
some of the most trusted brands in hand protection and are able to offer a sizes
wide variety of solutions to meet your every need. available

Item Code Description
For patient contact when chemical protection is not required, choose: Micro-Thin® or Micro-Touch®

ANS6034312 Gloves nitrile Micro-Thin blue medium 300pcs

ANS4574 Gloves latex Micro-Touch® DermaClean® white medium 100pcs
For use when dark colours are needed for contrast, choose: Microflex® black

ANS93-852-M Gloves nitrile Microflex black medium 100pcs
For general lab use when additional protection is required: TouchNTuff®

ANS92-600-M Gloves nitrile TouchNTuff green medium 100pcs




Hand protection Foot protection

Cut and abrasion resistant gloves

Item Code Description Unit

STE488986-8 Multiple glove sizes available

Stealth® Ronin® gloves 15 gauge size 8
STE481100-8 Black nylon shell black nitrile foam coat. General purpose 12 pairs
work glove

Stealth Micro-Tek gloves 15 gauge size 8
STE488986-8 Grey nylon shell black palm. Highest level of 12 pairs
mechanical performance

STEA488975-8 Stealth Razor gloves 13 gauge size 8

STE488975-8 . 12 pairs
Grey Dyneema® shell grey PU palm. Cut proof rating 5

Shoe covers

Item Code Description Unit

(Grams refers to weight per shoe cover)

STE300700 Shoe cover PE 3.2g blue 15x42cm 2000pcs
OSSSHO-B-CPE3 Shoe cover CPE 3.3g blue water resistant 15x41cm 1000pcs
RCRCPESHOE Shoe cover CPE 3.5¢g blue gloshies water resistant 15x36cm 1000pcs

Shoe cover CPE 4g blue gloshies x-large water resistant
STE300700 RCR50507 16x450m 1000pcs

0SSSHO-HSB-CPES Shoe cover PP/CPE+ 9g white/blue water resistant 1000pcs
sole 16x40cm

Non-skid (gsm refers to grams of material per square metre)

RCRPPSHOE Shoe cover PP 38gsm blue surefoot non-skid 18x40cm 500pcs

Shoe cover PP 40gsm blue surefoot non-skid
RCR50508 500pcs
x-large 20x43cm

STE300702 Shoe cover PP 40gsm blue non-skid 16x40cm 1000pcs
OSSSHO2B423-1 Shoe cover SBPP 40gsm blue non-skid 41cm long 1000pcs
OSSSHO2B424-1 Shoe cover SBPP 40gsm blue non-skid 44cm long 1000pcs

RCRCPESHOE

RCRPPSHOE OSSSHO-HSB-CPE9 0SSSHO2B423-1



Foot protection Arm protection Body protection

Boot covers

Item Code Description Unit

Waterproof/water resistant (gsm refers to grams of material per square metre)

Boot cover PP/PE 40gsm white waterproof upper heavy duty

RCRPPEBOOT 500pcs
PVC sole
Boot cover CPE 0.11mm thick white waterproof double
RCR50506 250pcs
layered sole
Non-skid \ ,( RCR50509
L
RCR50509 Boot cover SMS 48gsm white vinyl non-skid splash resistant 200pcs }

Disposable sleeve protectors

Item Code Description Unit

Waterproof/water resistant

RCRDPESP Sleeve protector PE 0.02mm thick white 40cm long 2000pcs

RCRDPESPB Sleeve protector PE 0.02mm thick blue 40cm long 2000pcs

Lightweight (gsm refers to grams of material per square metre) ‘ : . =

RCRDPPBSP Sleeve protector PP 12gsm blue light touch 40cm long 500pcs RCRDPPBSP RCRDF;ESPB—
Cut resistant sleeve protectors APT

e Level 5 cut resistance and superior abrasion resistance

e Firm fit with knitted cuff for wrist and arm protection

Item Code Description Unit
RCR41640 Sleeve protector HPPE blue 13 gauge x-large 10pcs
RCR41641 Sleeve protector HPPE blue 13 gauge 2XL 10pcs

Re-usable lab coats

e Polycotton lab coats with standard collar and cuffs

e With press stud fastenings and three pockets

e Also available in a range of materials, colours and styles }'
Item Code Description Unit \
LBSLABCOAT-S Lab coat polycotton white small EA ‘\ A ,5
. . ¢
LBSLABCOAT-M Lab coat polycotton white medium EA .,!
LBSLABCOAT-L Lab coat polycotton white large EA "
LBSLABCOAT-XL Lab coat polycotton white x-large EA
LBSLABCOAT-XXL Lab coat polycotton white 2XL EA /




Body protection

Disposable lab coats
e With elastic cuffs and one breast pocket e Available with velcro or stud closure

Item Code Description Unit {

(gsm refers to grams of material per square metre)

RCRLCPPB Lab coat PP 30gsm blue velcro 100cm long 50pcs ‘
RCRLCPPW Lab coat PP 30gsm white velcro 100cm long 50pcs
STE300800 Lab coat PP 40gsm white velcro 75x115cm 50pcs
STE300801 Lab coat PP/PE 45gsm laminated white velcro 75x115cm 50pcs
STE300803 Lab coat PP/PE 45gsm laminated white studs 75x115cm 50pcs
STE300800 RCRLCPPB

Disposable aprons

e Waterproof and lightweight e \With two back ties and a head loop
Item Code Description Unit
STE300807 Apron PE blue 0.025mm thick 710x1170mm 1000pcs
RCRDPEA500 Apron LDPE white 0.020mm thick 800x1400mm 500pcs
RCRDPEAB500 Apron LDPE blue 0.020mm thick 800x1400mm 500pcs
RCR50255 Apron LDPE white 0.025mm thick 800x1600mm 500pcs

STE300807 RCR50255

Cryogenic apron

e Multi-layered construction for maximum e Waterproof nylon outer shell that protects
thermal protection from cryogenic splashes

¢ Quick release buckles at the neck and waist

Item Code Description

CHA10464394 Apron cryogenic full length 60.96x121.9cm

DuPont™” Tychem® F aprons

Strong, durable, trusted

e Protection against numerous organic and high concentrate
inorganic chemicals

e |iquid splash protection up to 5bar
¢ Biological protection

e Also available as coveralls for full body protection

Item Code Description Unit

DPTD13984662 Tychem F apron with ties 25pcs




Body protection

Item Code Description Unit
(gsm refers to grams of material per square metre)
Splash gown CPE 0.03mm thick blue lint free 100cm, waterproof with tear back gown and
MEC270600 100pcs
thumb loops
RCR56005 Splash gown CPE 0.03mm thick blue 127cm, waterproof with two back ties and thumb loops 100pcs
STE300810 Isolation gown PP/PE 40gsm laminated yellow 115cm, waterproof with back ties and elastic cuffs 50pcs

MEC270600 STE300810 RCR56005

Hi Calibre® SMS coveralls DuPont Tychem C coveralls

e Barrier protection against airborne particulates e Protection against a wide range of concentrated
and limited splash and liquid spray inorganic chemicals and biological hazards

Type 5 and 6 tivel
(Type 5 an respectively) e Resists liquid splashes up to 2bar

e Breathable, disposable coverall made from triple
layer SMS

Type 3-B, 4, 5 and 6 barrier protection

Hooded coverall with zipper, stitched external seam,

e Hooded coverall with zip front, elastic wrist, . ) )
P elastic face, wrists and ankles with thumb loops

ankles and waist
e e Comfortable and lightweight with

e Water resistant and lint free .
ergonomic shape

e White and comes in packs of 50 pieces « Yellow and comes in packs of 50 pieces | j

X W\t
1 ‘U S \
X . é
Item Code Size Sy /
(RS o R
Item Code Size ' é DPTD13675315 Medium

-
STE300420-M Medium ? DPTD13675324 Large
STE300420-L Large ’ DPTD13675336 X-large
STE300420-XL X-large 4/ DPTD13675340 2XL
o
STE300420-XXL 2XL ’ DPTD13675352 3XL

1



Body protection

Kimberly-Clark KLEENGUARD™ A30 coveralls

e For protection against blood, body fluids, blood-borne pathogens, bacteria,
biologically contaminated aerosols and dust

g LT,

e Permeable to air and moisture vapor, providing breathability
e Type 5 and 6 barrier protection ‘

e Hooded coverall with water resistant zipper and zipper flap, thumb loops and
elastic wrists and ankles {\

¢ | ightweight and ergonomically designed body with long back panel for
greater movement

e \White and comes in packs of 25 pieces

Item Code Size Item Code Size
KCK98001 Small KCK98004 X-large
KCK98002 Medium KCK98005 2XL
KCK98003 Large

KCK98006 3XL ' ‘

DuPont” Tyvek® Classic Xpert coveralls

e Superior protection against particulates and water-based chemical splashes
e Good breathability due to air and moisture vapour permeability
e Type 5-B and 6-B barrier protection

e Hooded coverall with zipper, stitched external seam, elastic face, wrists and
ankles and glued-in elastic waist

e Lightweight and ergonomic shape for greater fit and comfort

e White and comes in packs of 100 pieces f
Item Code Size Item Code Size \
DPTD14663953 Small DPTD14663986 X-large
DPTD14663967 Medium DPTD14663997 2XL : ¢
DPTD14663977 Large DPTD14664003 3XL

Order Placement:

For customer service, call 1300-735-292

To fax an order, use 1800-067-639

To email an order, ordersau@thermofisher.com

Contact Us:

For customer service, call 1300-735-292

For service and calibration, call 1300-736-767
To order online: thermofisher.com.au

Find out more at thermofisher.com.au
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