MATERIALS
CATALOG NO.| NOMINAL CAPACITY, (L) | FLASK | COVER |[RETAINER CLIP HANDLE FOAM INSULATION
oonso- | 1 [ 2 [ s [0 | wee [woee | NOEED | PR | CEEERE
SIZE COOE. .....................: -1000 -2000
SIZE (NOMINAL VOLUME, L>.......: 1 2
PART WT. (gns).................: 1250 1500
INCH MM INCH MM
OIM AL 9.9 251 1.1 282
OIM B. ..o S.8 147 6.7 170
OIM C.oor .9 13 .9 13
OIM D.....o 13.3 338 15.0 381
E OIA ¢O.0. AT TOP)Y. ...........: 8.2 208 9.3 236
F ODIA ¢O.D. BELOW RIBS)........: 6.3 {508 7.3 185
G DIA (I.D. OF COVER RECESS)...: 6.2 157 7.3 185
H DIA (0.0. TOP W/ HANOLES)....: 8.6 218 9.6 244
J RAD ( INSIOE SPHERICAL RADIUS): 1.9 48 2.4 Bl
SIZE CORE. ......... ... ... ... .. -4000 -9000
SIZE (NOMINAL VOLUME, L>.......: S 10
PART WT. Cgns ). ..o 2200 4180
INCH MM INCH MM
OIM AL 13.9 353 18.5 470
OIMB....... B.S 216 11.7 297
OIM C.ooto e .5 13 .S 13
OIMD.......... . 18.9 480 24 .9 632
E DIA CO.0. AT TOPDY. ...........: [1.0 278 13.8 351
F 0IA (O.D. BELOW RIBS)Y........: 8.9 226 11.9 302
G DIA (I.D. OF COVER RECESS)Y...: 8.9 226 11.6 293
H DIA (O.D0. TOP W/ HANOLES)....: 11.4 290 14.1 358
J RAD ( INSIOE SPHERICAL RADIUS): 3.1 79 3.9 S]]
NOTES:

1. ALL DIMENSIONS ARE NOMINAL AND IN INCHES ANO MILLIMETERS UNLESS OTHERWISE NOTED.

2. THIS IS NOT A PRODUCTION DRAWING, BUT IS FOR INFORMATIONAL PURPOSES ONLY, AND IS
SUBJECT TO CHANGE WITHOUT NOTICE.
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THIS PRODUCT SPECIFICATION SCIENTIFIC Rochester, NY 14625-2385, USA
SHEET CONTAINS CONFIDENTIAL
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