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Nunc A/S · Kamstrupvej 90 · P.O.Box 280
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E-mail: info.nunc@thermofisher.com
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NUNC logo to be polished
Text font: Arial
Text size: 4 mm
0,05 negative

Cavity no.
Text font: Arial
Text size: 1mm
0,05 positive

Text font: Arial
Text size: 4 mm
0,2 positive

45
,0

°

85,46 - 0,15
0,35+

Frosted on sides

Tolerances unless otherwise specified:
Without decimal: ±0.5  mm
1 place decimal: ±0.1   mm
2 place decimal: ±0.05 mm

Undefined radius: R 0.2 mm
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= Surfacefrosting, charmille 25


