CATALOG NUMBER NOMINAL SIZE (mL) MATERTAL
1510 30 s0™ 100" 150" 250 | 400 | 600 1000 |  PFA
(x) FOR SIZES:-30.-50,-100,-150 SEE PSS 00-1510-XXXX-1

CATALOG NO. ........: -0250 -0400
SIZE (NOM.VOL.mL). .: 250 400
NOM. BRIM CAP (mL>.: 340 200
NOM. WT. (gmd.. ... .: 140 180

INCH MM INCH MM
A CLIP DIA.).......:| 3.28t0.05| B83.3 t1.3 | 3.77 40.06 | 95.8 £I1.5
B (OIM.D>...........:| 3.55£0.05 | 90.2 £+1.3 | 4.05 +0.06 | 102.9 £1.5
C¢I.0. TOP>.......:| 2.90 +0.05 | 73.7 1.3 | 3,37 £0.05 | 93.2 1.3
DODIA..............:| 2.75+0.04 | 69.9 t1.0 | 3.16 +0.05 | B80.3 %l.3
H (HEIGHT).........:| 3.84 #0.06 | 97.5 1.5 | 4.19 +0.06 | 106.4 1.5
W.T.CNOM. WALL THK>: 0.10 2.5 0.10 2.5
CATALOG NO. ........: -0600 -1000
SIZE (NOM.VOL.mL). .: 600 1000
NOM. BRIM CAP (nL).: 830 1430
NOM. WT. C(gm)>......: 265 342

INCH MM INCH MM
A CLIP DIA.).......:| 442 +0.06 | 112.3 +1.5 | 5.26 20.08 | 133.6 2.0
B (DIM.> .. .........:| 475 £t0.07 | 120.7 +1.8 | S5.62 :0.08 | 142.7 +2.0
C(I.0. TOP)Y.......:| 3.95 +0.06 | 100.3 1.5 | 4.6] +0.07 | !17.1 1.8
ODDOIA..............:| 3.62+0.06 | 91.9 #1.5 | 4.30 +0.06 | 109.2 1.5
H (HEIGHT).........:| 5.02 0.08 | 127.5 2.0 | 5.90 #0.08 | 259.1 +2.0
W.T.CNOM. WALL THK)>: 0.11 2.8 0.10 2.5

NOTES:

1.

2. THIS IS NOT A PRODUCTION DRAWING, BUT IS FOR INFORMATIONAL PURPOSES ONLY, AND IS
SUBJECT TO CHANGE WITHOUT NOTICE.

ALL DIMENSIONS ARE NOMINAL AND IN INCHES ANO MILLIMETERS UNLESS OTHERWISE NOTED.
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