CATALOG NO. NOMINAL CAPACITY, (oz) el
BOTTLE | CLOSURE

002002 1/8 1/4 1/2 1 HOPE PP
002003 1/8 1/4 1/2 I L DPE PP
002004 1/8 1/4 1/2 1 AlEER PP
002006 1/8 1/4 1/2 1 PPCO PP

SIZE CODE..........:1| -9125 -9025 -8050 -0001

SIZE (NOM VOL rl/oz)| 4 /1/8 8 /1/4 15 /172 32 /1

NOM. BRIM CAP. (nL): 4.2 12 17 34

NECK FINISH (nr)...:| 13-415 20-415 20-415 20-415

THREAD (T.P.I.). ... 12 8 8 8

wggLﬂgiéEngmg)““: 2.6 B 7 8

INCH MM INCH MM INCH MM INCH MM

A CBTLE, NECK I.0.):|0.324+.02|8.1+0.5 |0.54+.02|13.740.5|0.54+.02|13.740.5/0.54+.02|13.7+0.5

B (HT. W/CLUSURE). :|1.B0+.04|40.641.0|1.78+.05/45.2+1.3|2.30+.06|58 .4+41.5|2.40+.07 |61 .0+1.8

C (HT. W/0 CLOSURE):|1.52+.04|38.641.0| 1 .66+.05/42.2+1.3|2.20+.06|55.9+41.5|2.30+.07 |58.4+1.8

0 (DIA). ... .. ..., :|0.B2+.04|15.841.0|0.08+.04|24.0+1,

O
(@]
(e}
(e8]
-

+.04|24.941 .0|1.354£.05|34 . 341 .3

W.T (NOM. WALL THK):| 0.050 1.27 0.035 0.90 0.035 0.90 0.035 0.90

NOTES
I, ALL DIMENSIONS ARE NOMINAL AND IN INCHES AND MILLIMETERS UNLESS OTHERWISE NOTED.

2. THIS IS NOT A PROBUCTION DRAWING, BUT IS FOR INFORMATIONAL PURPOSES ONLY, AND IS
SUBJECT TO CHANGE WITHOUT NOTICE.
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