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CAT N APPROX. SIZES MATERIAL
CFUNNEL TOP I.D. IN MM) UPPER | LOWER
4280- 59 75 g9 132 175 PP PP
SIZE CODE. . ... .. : -0550 -0700 -03900
NOM WT (gns)....: 23 55 80
INCH MM INCH MM INCH MM
ADIA...........:|2.46 t0.04| 62.5 t1.0|3.16 #0.04| 80.3 41.0|4.08 +0.06(103.6 1.5
B(TOP I.0D.)....:(2.30 ¢0.04|58.4 +1.01|2.96 +0.04| 75.2 +1.0|3.88 +t0.06( 98.6 t1.5
C DIA...........:|0.55 #0.02| 14.0 +0.5|0.66 +0.02| 16.8 +0.5(0.74 +0.02| 18.8 t0.5
ODIA...........:|0.41 20.02| 10.4 +0.5|0.44 10.02| 11.2 t0.5|0.48 $0.02| 12.2 0.5
ECSTEM HT).....:|1.78 t0.04| 45.2 +1.0(2.55 40.04| 64.8 +1.0|2.76 t0.04| 70.1 +1.0
H (OVERALL HT)..:|4.08 t0.06|103.6 £1.5| 5.8 +0.1 |147.3 t3 6.6 10.1 168 13
SIZE COGE. . ... .. -1100 -1500
NOM WT (gms)... .: 145 290
INCH MM INCH MM

ADIA...........:| 5.3 0.1 135 43 7.1 +0.1 180 43
B(TOP I.0.)....:| 5.2 0.1 132 +3 6.9 £0.1 175 3
CDIA... ........:[1.14 1t0.04| 29.0 +1.0|1.13 t0.04( 29.2 +1.0
ODIA... ........:[0.87 $0.02| 22.1 +0.5|0.80 +0.02( 20.3 t0.5
E (CSTEM HT).....:[3.62 +0.06| 91.9 +1.514.21 +0.06(106.9 *1.5
H (OVERALL HT)..:| 8.4 +0.2 213 15 11.2 +0.3 284 18
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NOTES:

. ALL DIMENSIONS ARE NOMINAL AND IN INCHES AND MILLIMETERS UNLESS OTHERWISE NOTED.

2. THIS IS NOT A PRODUCTION DRAWING, BUT IS FOR INFORMATIONAL PURPOSES ONLY. AND IS

SUBJECT TO CHANGE WITHOUT NOTICE.
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