CATALOG NO. | NOMINAL CAPACITY MATERIALS
(rmL>) VIAL CLOSURE GASKET
5000 1.0 1.5 PP PP SILTEORE
SIZE COBE. . ........: -1012 -1020
NOM. CAP. (mL). ... .: 1.0 1.5
NOM. BRIM CAP. (nmL): 1.5 2.0
THREAD ¢CT.P.I.>. .. .: 12 12
wEQLDgEéEHIQN).....: l.4 1.6
Camr R oS 0.5
in. nr in. Mr
A CVIAL NECK I.D.D.:|0.331.01| 8.4 0.3 | D.33 .01 | B.4 £0.3
B (HT. W/CLOSURE)..:| .52 1.02|38.6 t0.5| 1.83 £.02 [48.0 £D.5
C (HT. W0 CLOSURE)D:| 1.3t 1.02(33.3 ¢t0.5| 1.68 £.02 [42.7 £D.5
O (VIALO.D.J)......:|0.42+.01|10.7 +0.3| 0.42 +.01 | 10.7 #D.3
F (CLOSURE HT).....:| 0.50 t.01|12.7 t0.3| 0.50 ¢+.01 | 12.7 $D.3
G (CLOSURE 0.0.)...:| 0.48 t.01|12.2 0.3 | 0.48 +.01 | 12.2 £D.3
W.T.CNOM. WALL THK):| o0.045 1.14 0.045 1.14

NOTES:
1. ALL DIMENSIONS ARE NOMINAL AND IN INCHES AND MILLIMETERS UNLESS OTHERWISE NOTED.

2. THIS IS NOT A PRODUCTION DRAWING, BUT IS FOR INFORMATIONAL PURPOSES ONLY, AND IS
SUBJECT TO CHANGE WITHOUT NOTICE.
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Thermo Fisher Scientific
CONFIDENTIAL Thermorsmr 75 Panoroma Creek DOrive
THIS PRODUCT SPECIFICATION SCIENTIFIC Rochester, NY 14625-2385, USA
SHEET CONTAINS CONFIDENTIAL
AND/OR PROPRIETORY INFORMATION TN w70 oy REV
AND IS TO BE USED ONLY FOR THE : - - - 0195
EXPRESSED PURPOSES AGREED UPON | |*° GRP | 1,30,95 PSS 00-5000-10XX~1
BY AN AUTHORIZED OFFICER OF DESCRIPTION -
THERMO FISHER SCIENTIFIC.
L L SYSTEM 100 CRYOGENIC VIALS |




