CATALOG NO. NOMINAL TUBE SIZE, (nl) MATERIAL
005973 0.3 1.5 RESMER
TUBE SIZE..........: 0.5 1.5
ARRAY . . ... .. 4 x B 4 x 6
INCHES MM INCHES Mn

A (LENGTH).........:| 5.73+.16 |145.544.0 | 5.73+.16 [145.514.0
B (WIDTH). .........:| 3.62+.14 | 91.943.6 | 3.64+.14 | ©2.413.6
C (HEIGHT).........:[ 2.15¢t.10 | 54.642.5 | 2.15+.10 | 54 .612.5
D (DIA.D>...........:| 0.33+.01 8.410.3 | 0.44+ .01 | 11.240.3
NOM.WT.Cgm). .. ... 85 80

COLOR SIZE CODE
WHITE ... ..........: -0005 -0015
TUBE SIZE..........: 0.5 1.5
ARRAY . . ........... .: 8 x 12 8 x 12

INCHES MM INCHES MM

A CLENGTH).........:[ B6.75¢.16 |171.544.0 | 7.90+.18 [200.7+4.6
B (WIDTH)Y. ........ .| 4,42+ .14 [112.3t3.6 | 5.18+.15|131.643.8
C (HEIGHT)........ .| 2.15¢.10 | 24.642.5 | 2.15+.10 | 54.642.5
O 0IA. > ..........1| 0.33+.01 8.4+0.3 | 0.44+.01 11.240.3
NOM.WT .C(gn)... ... ..: 105 140

COLOR SIZE CODE
WHITE . ............: -9005 -9015
BLUE .. ........... . -8305 -9315
RED ... ............. — -9515

NOTES:
1. ALL DIMENSIONS ARE NOMINAL AND IN INCHES AND MILLIMETERS UNLESS OTHERWISE NOTED.

2. THIS IS NOT A PRODUCTION DRAWING, BUT IS FOR INFORMATIONAL PURPOSES ONLY, AND IS
SUBJECT TO CHANGE WITHOUT NOTICE.
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