-
CATALOG NO. NOMINAL CAPACITY, (oz) WIEREA
BOTTLE | CLOSURE
312110 2 | 6 8 | 16 | 32 | PPCO PP
312114 8 | 16 | 32 | HOPE PP
SIZE CODE......: ~0002 ~0006 -0008
SIZE (NOM VOL nL/oz) 60/ 2 175/ 6 250/ 8
NOM. BRIM CAP. (nL): 58 185 290
NECK FINISH (). | 28-415 38-415 43-415
THREAD (T.P.1.). .. 5 5 5
NOM. WEIGHT
W/CLOSURE (gns). .. = 33 36
INCH MM INCH MM INCH MM
A (NECK I.D.)..:|0.82 £.02 | 20.840.5 |1.120 +.025| 28.4:0.6 |1.280 +.025| 32.540.6
B (HT. W/CLOSURE)..:|3.28 +.06 | 83.3+1.5 |4.17 +.08 | 105.9¢2.0 | 4.56 +.08 | 115.8:2.0
C (HT. W/O CLOSLRE):| 3.16 +.06 | 80.341.5 |4.04 +.08 | 102.6¢2.0 | 4.39 .08 | 111.5¢2.0
D (SOUARE).....:|1.45 +.03 | 36.8:0.8 |2.05 +.05 | 52.1¢1.3 |2.44 + 06| 62.0¢1.5
W.T.ONDM. WALL THK):| 0.045 1.14 0.060 1.52 0.060 1.52
SIZE CODE. ... ..: -0016 -0032
SIZE (NOM VOL nL/oz) 50016 1000/32
NOM. BRIM CAP. (nL): 570 1170
NECK FINISH (). | 53-415 53-415
THREAD (T.P.1.). .. 5 5
wE@LDQEéEHIQMS)“I B2 Lo
INCH MM INCH MM
A (NECK T.D.)..:| 1.72£.03 | 43.7¢0.8 | 2.07+.04 | 52.6¢1.0
B (HT. W/CLOSLRE)..:| 5.73+.08 | 145.5¢2.0 | 7.12+.09 | 180.842.3
C(HT. WO CLOSLRE): | 5.55+.08 | 141.042.0 | 6.94+.09 | 176.3+2.3
D (SOUARE). ... 1| 2.97+.06 | 75.441.5 | 3.72+.07 | 94.541.8
WoT.ONOM. WALL THK): | 0 065 1 .65 0.080 2.03

NOTES

I, ALL DIMENSIONS ARE NOMINAL AND IN INCHES AND MILLIMETERS UNLESS OTHERWISE NOTED.

2. THIS IS NOT A PROBUCTION DRAWING, BUT IS FOR INFORMATIONAL PURPOSES ONLY,

SUBJECT TO CHANGE WITHOUT NOTICE.
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