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(Dimension of Well)

®85.48+0.25

Surfaces:
All engravings to be polished

Surfaces Inside of Well bottom: 1 my
All undefined surfaces: 3 my
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Tolerances unless otherwise specified: Text type: Helvetico Medium
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2 place decimal: £0.05 mm
Material thickness: £0.02 mm
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